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C2 Series
Ex d e Single Compression NPT Cable Gland

Features
 – Suitable for use with unarmoured cable
 – Ex e and Ex d
 – Large cable range within one product with removeable 

seals

Certification & Standards

Approved to: EN/IEC 60079-0, 60079-1, 60079-7, 60079-31

EC TYPE Examination IMQ 14 ATEX 013X, IECEx IMQ 14.0005X
Certifi cate: Ex d IIC Gb

 Ex e IIC Gb

 Ex tb IIIC Db

 IP66-68

Temperature: -40°C bis +80ºC

Approvals

CMG House, Station Road, Coleshill, Birmingham, B46 1HT United Kingdom
Tel: +44 (0) 1675 468 213 | Email: sales@kopex.co.uk
www.tnb-hazardous.com

The Company’s policy is one of continuous improvement and reserves the right to change 
specifi cations at any time without prior notice.
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Nickel  Cable Gland Dimensions  Sealing Ring    Torque Torque Torque
Plated Brass NPT   CH  AF Dimension Sealing Ring Dimensions S1+S2+S3 S1+S2 S1 GID Codes
Part No. Thread  L L1 min. (Body/Cap) (mm) Min.-Max. S1+S2+S3 S1+S2 S1 (Nm) (Nm) (Nm) Single Kit

EXN03AMC2 3/8” 40 16 22 24.5 4.0 - 12.0 4 - 6 6 - 9 9 - 12 20 18 15 7TCA297180R0018 7TCA297180R0577

EXN04AMC2  1/2” 40  16  22  24.5 4.0 - 12.0  4 - 6  6 - 9  9 -12  20  18 15 7TCA297180R0026 7TCA297180R0578

EXN04ALC2  1/2”  45  16  28  31 10.0 - 16.0  10 - 12  12 - 14.5  14.5 - 16  24  22  18 7TCA297180R0024 7TCA297180R0579

EXN05AMC2  3/4”  40  16  28  31 10.0 - 18.0  10 - 12  12 - 14.5  14.5 - 18  25  22  18 7TCA297180R0036 7TCA297180R0580

EXN05ALC2  3/4”  50  16  35  39 14.0 - 20.0  14 - 17  17 - 20  –  26  22  – 7TCA297180R0034 7TCA297180R0581

EXN06AMC2  1”  43  20  35  39 14.0 - 24.0  14 - 17  17 - 20  20 - 24  28  23  20 7TCA297180R0045 7TCA297180R0582

EXN06ALC2  1”   53  20  45  49.5 22.0 - 26.0  22 - 24  24 - 26  –   45  40  35 7TCA297180R0043 7TCA297180R0583

EXN07AMC2  11/4”  45  20 45  49.5 22.0 - 32.0  22 - 24  24 - 27  27 - 32  56  50  45 7TCA297180R0053 7TCA297180R0584

EXN07ALC2  11/4”  55  20  50  56 26.0 - 34.0  26 - 28  28 - 31  31 - 34  57  55  52 7TCA297180R0051 7TCA297180R0585

EXN08ASC2  11/2”  46  20  55/50  56 26.0 - 35.0  26 - 28  28 - 31  31 - 35  57  55  52 7TCA297180R0885 7TCA297180R0587

EXN08AMC2  11/2”  63  20  64  70 35.0 - 41.0  35 - 38  38 - 41  –  190  155  140 7TCA297180R0061 7TCA297180R0586

EXN09ASC2  2”  53  20  68/64  70 35.0 - 45.0  35 - 38  38 - 41  41 - 45  190  155  140 7TCA297180R0886 7TCA297180R0589

EXN09AMC2  2”   62  20  75/80  89 46.0 - 56.0  46 - 48  48 - 52  52 - 56  160  145  135 7TCA297180R0069 7TCA297180R0588

EXN10ASC2  21/2”  64  21  80  89 46.0 - 62.0  46 - 51  51 - 57  57 - 62  185  175  150 7TCA297180R0887 7TCA297180R0920

EXN10AMC2  21/2”  75  21  95  105 60.0 - 70.0  60 - 63  63 - 69  69 - 70  123  118  107 7TCA297180R0077 7TCA297180R0928

EXN11ASC2  3”  75  21  95  105 60.0 - 70.0  60 - 63  63 - 69  69 - 70  123  118  107 7TCA297180R0892 7TCA297180R0922

EXN11AMC2  3”   77  21  105  117 75.0 - 85.0  75 - 79  79 - 82  82 - 85  135  130  125 7TCA297180R0893 7TCA297180R0921

EXN12ASC2  4”   77  21  115 /105  117 75.0 - 85.0  75 - 79  79 - 82  82 - 85  135  130  125 7TCA297180R0894 7TCA297180R0926

EXN12AMC2  4”  77  21  115  129 85.0 - 95.0  85 - 89  89 - 92  92 - 95  180  175  170 7TCA297180R0895 7TCA297180R0923

*To purchase cable glands with locknuts, shrouds, earth tags and washers where appropiate add a K to the end of the part number e.g EXN04AMC2K
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Stainless		  Cable Gland Dimensions		  Sealing Ring				    Torque	 Torque	 Torque 
Steel	 NPT			   CH 	 AF	 Dimension	 Sealing Ring Dimensions	 S1+S2+S3	 S1+S2	 S1	 GID Codes 
Part No.	 Thread 	 L	 L1 min.	 (Body/Cap)	 (mm)	 Min.-Max.	 S1+S2+S3	 S1+S2	 S1	 (Nm)	 (Nm)	 (Nm)	 Single	 Kit

EXS03AMC2	 3/8”	 40	 16	 22	 24.5	 4.0 - 12.0	 4 - 6	 6 - 9	 9 - 12	 20	 18	 15	 7TCA297180R0084	 7TCA297180R0590

EXS04AMC2 	 1/2”	 40 	 16 	 22 	 24.5	 4.0 - 12.0 	 4 - 6 	 6 - 9 	 9 -12 	 20 	 18	 15	 7TCA297180R0092	 7TCA297180R0458

EXS04ALC2 	 1/2” 	 45 	 16 	 28 	 31	 10.0 - 16.0 	 10 - 12 	 12 - 14.5 	 14.5 - 16 	 24 	 22 	 18	 7TCA297180R0090	 7TCA297180R0460

EXS05AMC2 	 3/4” 	 40 	 16 	 28 	 31	 10.0 - 18.0 	 10 - 12 	 12 - 14.5 	 14.5 - 18 	 25 	 22 	 18	 7TCA297180R0102	 7TCA297180R0461

EXS05ALC2 	 3/4” 	 50 	 16 	 35 	 39	 14.0 - 20.0 	 14 - 17 	 17 - 20 	 – 	 26 	 22 	 –	 7TCA297180R0100	 7TCA297180R0462

EXS06AMC2 	 1” 	 43 	 20 	 35 	 39	 14.0 - 24.0 	 14 - 17 	 17 - 20 	 20 - 24 	 28 	 23 	 20	 7TCA297180R0111	 7TCA297180R0463

EXS06ALC2 	 1”  	 53 	 20 	 45 	 49.5	 22.0 - 26.0 	 22 - 24 	 24 - 26 	 –  	 45 	 40 	 35	 7TCA297180R0109	 7TCA297180R0464

EXS07AMC2 	 11/4” 	 45 	 20	 45 	 49.5	 22.0 - 32.0 	 22 - 24 	 24 - 27 	 27 - 32 	 56 	 50 	 45	 7TCA297180R0119	 7TCA297180R0465

EXS07ALC2 	 11/4” 	 55 	 20 	 50 	 56	 26.0 - 34.0 	 26 - 28 	 28 - 31 	 31 - 34 	 57 	 55 	 52	 7TCA297180R0117	 7TCA297180R0466

EXS08ASC2 	 11/2” 	 46 	 20 	 55/50 	 56	 26.0 - 35.0 	 26 - 28 	 28 - 31 	 31 - 35 	 57 	 55 	 52	 7TCA297180R0925	 7TCA297180R0591

EXS08AMC2 	 11/2” 	 63 	 20 	 64 	 70	 35.0 - 41.0 	 35 - 38 	 38 - 41 	 – 	 190 	 155 	 140	 7TCA297180R0127	 7TCA297180R0467

EXS09ASC2 	 2” 	 53 	 20 	 68/64 	 70	 35.0 - 45.0 	 35 - 38 	 38 - 41 	 41 - 45 	 190 	 155 	 140	 7TCA297180R0988	 7TCA297180R0954

EXS09AMC2 	 2”  	 62 	 20 	 75/80 	 89	 46.0 - 56.0 	 46 - 48 	 48 - 52 	 52 - 56 	 160 	 145 	 135	 7TCA297180R0135	 7TCA297180R0592

EXS10ASC2 	 21/2” 	 64 	 21 	 80 	 89	 46.0 - 62.0 	 46 - 51 	 51 - 57 	 57 - 62 	 185 	 175 	 150	 7TCA297180R0938	 7TCA297180R0955

EXS10AMC2 	 21/2” 	 75 	 21 	 95 	 105	 60.0 - 70.0 	 60 - 63 	 63 - 69 	 69 - 70 	 123 	 118 	 107	 7TCA297180R0143	 7TCA297180R0953

EXS11ASC2 	 3” 	 75 	 21 	 95 	 105	 60.0 - 70.0 	 60 - 63 	 63 - 69 	 69 - 70 	 123 	 118 	 107	 7TCA297180R0932	 7TCA297180R0959

EXS11AMC2 	 3”  	 77 	 21 	 105 	 117	 75.0 - 85.0 	 75 - 79 	 79 - 82 	 82 - 85 	 135 	 130 	 125	 7TCA297180R0930	 7TCA297180R0956

EXS12ASC2 	 4”  	 77 	 21 	 115 /105 	 117	 75.0 - 85.0 	 75 - 79 	 79 - 82 	 82 - 85 	 135 	 130 	 125	 7TCA297180R0936	 7TCA297180R0964

EXS12AMC2 	 4”	 77 	 21 	 115 	 129	 85.0 - 95.0 	 85 - 89 	 89 - 92 	 92 - 95 	 180 	 175 	 170	 7TCA297180R0934	 7TCA297180R0961

*To purchase cable glands with locknouts, shrouds, earth tags and washers where appropiate add a K to the end of the part number e.g EXS04AMC2K

		  Cable Gland Dimensions		  Sealing Ring				    Torque	 Torque	 Torque 
Brass	 NPT			   CH 	 AF	 Dimension	 Sealing Ring Dimensions	 S1+S2+S3	 S1+S2	 S1	 GID Codes 
Part No.	 Thread 	 L	 L1 min.	 (Body/Cap)	 (mm)	 Min.-Max.	 S1+S2+S3	 S1+S2	 S1	 (Nm)	 (Nm)	 (Nm)	 Single	 Kit

EX03AMC2	 3/8”	 40	 16	 22	 24.5	 4.0 - 12.0	 4 - 6	 6 - 9	 9 - 12	 20	 18	 15	 7TCA297180R0150	 7TCA297180R0565

EX04AMC2 	 1/2”	 40 	 16 	 22 	 24.5	 4.0 - 12.0 	 4 - 6 	 6 - 9 	 9 -12 	 20 	 18	 15	 7TCA297180R0158	 7TCA297180R0402

EX04ALC2 	 1/2” 	 45 	 16 	 28 	 31	 10.0 - 16.0 	 10 - 12 	 12 - 14.5 	 14.5 - 16 	 24 	 22 	 18	 7TCA297180R0156	 7TCA297180R0403

EX05AMC2 	 3/4” 	 40 	 16 	 28 	 31	 10.0 - 18.0 	 10 - 12 	 12 - 14.5 	 14.5 - 18 	 25 	 22 	 18	 7TCA297180R0167	 7TCA297180R0404

EX05ALC2 	 3/4” 	 50 	 16 	 35 	 39	 14.0 - 20.0 	 14 - 17 	 17 - 20 	 – 	 26 	 22 	 –	 7TCA297180R0165	 7TCA297180R0405

EX06AMC2 	 1” 	 43 	 20 	 35 	 39	 14.0 - 24.0 	 14 - 17 	 17 - 20 	 20 - 24 	 28 	 23 	 20	 7TCA297180R0177	 7TCA297180R0566

EX06ALC2 	 1”  	 53 	 20 	 45 	 49.5	 22.0 - 26.0 	 22 - 24 	 24 - 26 	 –  	 45 	 40 	 35	 7TCA297180R0175	 7TCA297180R0567

EX07AMC2 	 11/4” 	 45 	 20	 45 	 49.5	 22.0 - 32.0 	 22 - 24 	 24 - 27 	 27 - 32 	 56 	 50 	 45	 7TCA297180R0185	 7TCA297180R0568

EX07ALC2 	 11/4” 	 55 	 20 	 50 	 56	 26.0 - 34.0 	 26 - 28 	 28 - 31 	 31 - 34 	 57 	 55 	 52	 7TCA297180R0183	 7TCA297180R0569

EX08ASC2 	 11/2” 	 46 	 20 	 55/50 	 56	 26.0 - 35.0 	 26 - 28 	 28 - 31 	 31 - 35 	 57 	 55 	 52	 7TCA297180R0909	 7TCA297180R0571

EX08AMC2 	 11/2” 	 63 	 20 	 64 	 70	 35.0 - 41.0 	 35 - 38 	 38 - 41 	 – 	 190 	 155 	 140	 7TCA297180R0193	 7TCA297180R0570

EX09ASC2 	 2” 	 53 	 20 	 68/64 	 70	 35.0 - 45.0 	 35 - 38 	 38 - 41 	 41 - 45 	 190 	 155 	 140	 7TCA297180R0911	 7TCA297180R0573

EX09AMC2 	 2”  	 62 	 20 	 75/80 	 89	 46.0 - 56.0 	 46 - 48 	 48 - 52 	 52 - 56 	 160 	 145 	 135	 7TCA297180R0201	 7TCA297180R0572

EX10ASC2 	 21/2” 	 64 	 21 	 80 	 89	 46.0 - 62.0 	 46 - 51 	 51 - 57 	 57 - 62 	 185 	 175 	 150	 7TCA297180R0914	 7TCA297180R0915

EX10AMC2 	 21/2” 	 75 	 21 	 95 	 105	 60.0 - 70.0 	 60 - 63 	 63 - 69 	 69 - 70 	 123 	 118 	 107	 7TCA297180R0209	 7TCA297180R0910

EX11ASC2 	 3” 	 75 	 21 	 95 	 105	 60.0 - 70.0 	 60 - 63 	 63 - 69 	 69 - 70 	 123 	 118 	 107	 7TCA297180R0924	 7TCA297180R0901

EX11AMC2 	 3”  	 77 	 21 	 105 	 117	 75.0 - 85.0 	 75 - 79 	 79 - 82 	 82 - 85 	 135 	 130 	 125	 7TCA297180R0913	 7TCA297180R0981

EX12ASC2 	 4”  	 77 	 21 	 115 /105 	 117	 75.0 - 85.0 	 75 - 79 	 79 - 82 	 82 - 85 	 135 	 130 	 125	 7TCA297180R0919	 7TCA297180R0918

EX12AMC2 	 4”	  77 	 21 	 115 	 129	 85.0 - 95.0 	 85 - 89 	 89 - 92 	 92 - 95 	 180 	 175 	 170	 7TCA297180R0916	 7TCA297180R0917

*To purchase cable glands with locknouts, shrouds, earth tags and washers where appropiate add a K to the end of the part number e.g EX04AMC2K


